S&rc Manh Bang Sau Sy Canh Tranh

Delta UPS - Dong Amplon

Nhom N, 1 Pha
1/2/3 kVA

Bao vé nguon v&i hiéu suat cao hon va tiét kiém dién nhiéu hon

Dong Amplon N 1a dong UPS cong nghé true online double-conversion cung cAp cho cac thiét bj thiét yéu cla ban
séng dién hinh sin 6n dinh nhat. Dong UPS nay c6 nhiéu d&c tinh ndi troi nhw hé sb cong suét dau ra 0.9 va hiéu suat
AC-AC lén dén 93%, tiét kiém dién n&ng hiéu qua hon. Dong Amplon N cung cAp ngudn an toan dam bao cho céc

¢ng dung quan trong nhw may tinh ban, POS, ATM, thiét bi y té...

Tinh san sang
+ Cong nghé chuyén dbi kép truc tuyén (on-line double-conversion)
va thoi gian chuyén mach bang 0 dam bao tinh s&n sang cao.

« Cdng nghé DSP (Digital Signal Processor) tién tién cho kha nang
tinh toan nhanh véi mach diéu khién don gian gitip nang cao do
on dinh.

« Dai dién &p dau vao rong cho phép UPS hoat dong trong moi
trwong dién khc nghiét.

« Kha nang twong thich véi may phat dién ddm bao ngudn lién tuc
va 6n dinh.

Nguén dién “Sach” va TCO thap

« Hé sb cong suat dau vao cao (>0.99) va méo hai thap (iTHD < 3%)
tiét kiém chi phi dau tw ban dau.

+ Hé sb cong suét dau ra lén t&i 0.9 cho cong suét thwe nhidu hon.

« Hiéu suét AC-AC Ién t&i 93%, hiéu suat cao & tai 91% va 50%
cho két qua tiét kiem dién nang &n tuong.

« Thiét ké& nhd gon tiét kiém khong gian cho cac thiét bi quan trong.

Quan ly thong minh

« Phuwong thtrc giao tiép hoan hao théng qua man hinh LCD.

+ Quan ly ac quy théng minh tdi wu hiéu suét &c quy va kéo dai tudi
tho.

+ Khe c&m mini va cdng USB ting cwéng kha ndng gidm sat va
quan ly.
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Nhom N, 1 Pha
1/2/3 kVA

Dong Amplon

Dac tinh ky thuat

Ma san phdm N-1K N-2K N-3K
Cong suét danh dinh 1kVA/0.9KW 2kVA/1.8KW 3kVA/2. 7KW
Pau vao Dién ap danh dinh 220/230/240 Vac
Dai dién ap 175 ~ 280 Vac (day tai); 80~175 Vac (50%-100% tai)
Tan sb 50/60 Hz + 10 Hz
Hé sb cong suét > 0.99 (day tai) Man hinh LCD
B6 méo hai dong <3%
Paura Hé sb cong suét 0.9
Dai dién ap 220/230/240 Vac
Tan sb 50/60 Hz + 0.05 Hz
Do méo hai ap < 3% (tai tuyén tinh)
Kha nang qua tai < 105%: lién tuc;
< 105% ~ 125% * 1 phut : 125% ~ 150% : 30 giay Ph&n m&m quan Iy UPS tién tién - UPSentry
Hé so dinh 3:1
O cdm IECC13 x4 IEC C13x6, C19x1
Hiéu suat AC-AC 91% Lén dén 93%
Ac quy Dién ap danh dinh 24 Vdc 48 Vdc 72 Vdc
Thoi gian lwu dién 4.5 phut (day tai); 13 phut (ntra tai)
Thoi gian sac 90% trong 3 gi®
Doéng sac 1A
Do 6n <43 dBA <48 dBA
Hién thi Man hinh LCD
Giao tiép MINI Slot x 1 » USB Port x 1 Det?gut?géggiydgi i%%giii/z'?ép
Twong thich  An toan & EMC CE/ RCM/ EN62040-1/ EN62040-2 Category C2
Vat ly Kich thuwéc (Wx Dx H) 145 x 320 x225 mm 190 x 390 x325 mm
Trong lwong 9 Kg 18.6 Kg 24.4Kg
Méi treong Nhiét do hoat dong 0~40°C

D6 dm twong dbi

5% ~ 95% (khdng dong nwérc)

S6 hiéu san pham: [N-1K]: UPS102N2000B0B6; [N-2K]: UPS202N2000B0B6; [N-3K]: UPS302N2000B0B6

Cac dac tinh k¥ thuat co thé thay ddi ma khong can thong bao truéce.
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Delta’s Manufacturing
System is Certified by
1ISO 9001 and ISO 14001
Standards

2007~ 2008 Forbes Asia’s
Fabulous 50

2009 Frost & Sullivan
Green Excellence Award for
Corporate Leadership

IECQ Certificate of
Hazardous Substance
Process Management

www.deltapowersolutions.com
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